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SR 64 64 100 128 128 256 256
B 2 2 2 2 2 2 2
SAETHE (kHz) 80 80 100 160 160 320 320
B (rpm) 75000 75000 60000 75000 75000 75000 75000
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RE8,05W, A 108 8 226
RE8,05W,A 108 GP8,001-01Nm 359 8 [
RE8,05W A 108 GP8S 409-410 8 ]
RE10,0.75 W 110 10 22.8 22.8 22.8
RE10,0.75 W 110 GP10,0.005-0.15Nm 360/361 10 L] L] °
RE10,1.5W 112 10 304 304 304
RE10,1.5W 12 GP10,0.005-0.15Nm 360/361 10 L] L] °
RE13,0.75W 15 13 26.3 26.3 26.3
RE13,0.75 W 116 13 287 287 287
RE13,0.75 W 116 GP13,0.05-015Nm 363 13 ° ° .
RE13,0.75 W 116 GP13,0.2-035Nm 364 13 o o L]
RE13,2W 19 13 385 385 385
RE13,2W 120 13 40.9 40.9 40.9
RE13,2W 120 GP13,0.05-015Nm 363 13 o o .
RE13,2W 120 GP13,0.2-0.35Nm 364 13 J J .
RE13,1.5W 123 13 284 284 284
RE13,1.5W 124 13 308 308 30.8
RE13,1.5W 124 GP13,0.05-0.15Nm 363 13 J J .
RE13,1.5W 124 GP13,0.2-0.35Nm 364 13 [ [ °
RE13,3W 127 13 40.6 40.6 40.6
RE13,3W 128 13 43.0 43.0 43.0
RE13,3W 128 GP13,0.05-0.15Nm 363 13 [ [ °
RE13,3W 128 GP13,0.2-0.35Nm 364 13 [ [ .
A-max12,05W 148 12 253 253 253
A-max 12,05 W 148 GP 10, 0.01 - 0.15 Nm 361 12 L] o °
A-max 12,05 W 148 GS12,0.01-0.03 Nm 362 12 . . L
A-max 12,05 W 148 GP13,0.05-0.15Nm 363 12 ° ° [
A-max 12,05 W 148 GP13,0.2-0.35Nm 364 12 ° ° °
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