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RE 16,2 W 129 16 28.0 28.0

RE16,2W 129 GP16,0.1-0.6 Nm 369/370 16 ° o

RE16,2W 129 GP16 S 411/412 16 (] L]

RE16,3.2W 131 16 454 454

RE16,3.2W 131 GP16,0.1-0.6 Nm 369/370 16 ° °

RE16,3.2W 131 GP16S 411/412 16 ° (]

RE16,4.5W 133 16 484 484

RE16,4.5W 133 GP16,0.1-0.6 Nm 369/370 16 ° L]

RE16,4.5W 133 GP16S 411/412 16 ° °

A-max 16 150/152 16 304 304

A-max 16 150/152 GS 16,0.01 - 0.1 Nm 365-368 16 ° L]

A-max 16 150/152 GP 16,0.1 -0.3Nm 369 16 ° (]

A-max 16 150/152 GP 16 S 411/412 16 ° L]

A-max 19,1.5W 154 19 34.0 34.0

A-max 19,1.5W 154 GP19,0.1-0.3Nm 371 19 ° L]

A-max19,1.5W 154 GP 22,0.5-2.0Nm 376 19 ° L

A-max 19,1.5W 154 GS 24,0.1 Nm 380 19 ° °

A-max19,1.5W 154 GP22S 414/415 19 o °

A-max 19,2.5W 156 19 35.8 35.8

A-max 19,2.5W 156 GP19,0.1-0.3Nm 371 19 ° (]

A-max 19,2.5W 156 GP 22,0.5-2.0Nm 376 19 (] L]

A-max 19,2.5W 156 GS 24,0.1 Nm 380 19 ° °

A-max 19,2.5W 156 GP22S 414/415 19 ° o

A-max 22 158/160 22 36.9 36.9

A-max 22 158/160 GP 22,0.1-0.6 Nm  372/373 22 ° o

A-max 22 158/160 GP 22,0.5-2.0Nm  372-376 22 ° .

A-max 22 158/160 GS 24,0.1 Nm 380 22 ° .

A-max 22 158/160 GP 22 S 414/415 22 ° °
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