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RE 25 134/136 753

RE 25 134/136 GP 26,0.75-45Nm 381 .

RE 25 134/136 GP32,0.75-6.0 Nm  383-387 o

RE 25 134/136 KD 32,1.0 - 4.5 Nm 394 °

RE 25 134/136 GP32S 416-421 .

RE 25,20 W 136 AB 28 519 105.8

RE 25,20 W 136 GP26,075-45Nm 381 AB 28 519 o

RE 25,20 W 136 GP32,075-60Nm  383-387 AB 28 519 .

RE 25,20 W 136 KD 32,1.0-4.5Nm 394 AB28 519 o

RE 25,20 W 136 GP32S 416-421 AB 28 519 °

RE 30,15 W 137 88.8

RE 30,15 W 137 GP32,075-45Nm 385 °

RE 30, 60 W 138 88.8

RE 30, 60 W 138 GP32,075-60Nm  383-390 °

RE 30, 60 W 138 KD 32,1.0-4.5Nm 394 .

RE 30, 60 W 138 GP32S 416-421 .

RE 35,90 W 139 917

RE 35,90 W 139 GP32,075-80Nm  383-391

RE 35,90 W 139 GP 42,30-15Nm 396 °

RE 35,90 W 139 GP32S 416-421 °

RE 35,90 W 139 AB 28 519 124.3

RE 35,90 W 139 GP32,075-80Nm  383-391AB 28 519 .

RE 35,90 W 139 GP 42,30-15Nm 396 AB28 519 o

RE 35,90 W 139 GP32S 416-421 AB 28 519 °

RE 40, 25 W 140 917

RE 40,150 W 141 °

RE 40,150 W 141 GP 42,3.0-15Nm 396 °

RE 40,150 W 141 GP52,40-30Nm 401 °

RE 40,150 W 14 AB 28 519 124.3

RE 40,150 W 141 GP 42,3.0-15Nm 396 AB28 519 .

RE 40,150 W 141 GP52,40-30Nm 401 AB 28 519 o
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BRIEITHRR (kHz) 100 100 100 100 100
BAHEE (rpm) 12000 12000 12000 12000 12000
12 (mm) 3 4 6 8 2-4
maxontERIL RS
+ Hatfl T+ RiEfE TS+ #zhEd TS B [mm] / e 2REEHE
RE 25,20 W 135 63.8
RE 25,20 W 135  GP26,075-45Nm 381 o
RE 25,20 W 135  GP32,075-45Nm 383 .
RE 25,20 W 135  GP32,075-60Nm  384/387 o
RE 25,20 W 135  KD32,10-45Nm 394 o
RE 25,20 W 135  GP32S 416-421 .
RE 25,20 W 135 AB 28 519 943
RE 25,20 W 135  GP22,05Nm 375 .
RE 25,20 W 135  GP26,075-45Nm 381  AB28 519 o
RE 25,20 W 135  GP32,075-45Nm 383 AB28 519 o
RE 25,20 W 135  GP32,075-60Nm 384/387 AB 28 519 o
RE 25,20 W 135  KD32,10-45Nm 394 AB28 519 o
RE 25,20 W 135  GP32S 416-421 AB 28 519 .
RE 50, 200 W 142 1287
RE 50, 200 W 142  GP52,4-30Nm 401 .
RE 50, 200 W 142  GP62,8-50Nm 403 .
RE 65,250 W 143 1573
RE 65, 250 W 143  GP81,20-120Nm 404 .
A-max 26 161-164 631
A-max 26 161-164 GP26,075-45Nm 381 o
A-max 26 161-164 GS30,007-02Nm 382 .
A-max 26 161-164 GP32,075-45Nm 383 o
A-max 26 161-164 GP32,075-60Nm  384/387 o
A-max 26 161-164 GS38,01-06Nm 395 o
A-max 26 161-164 GP32S 416-421 o
A-max 32 166 823
A-max 32 166 ~ GP32,075-60Nm 383-388 o
A-max 32 166  GS38,01-06Nm 395 .
A-max 32 166  GP32S 416-421 .
EC32,80W 228 784
EC32,80W 228  GP32,075-60Nm  383-390 .
EC32,80 W 228 GP32S 416-421 o
EC 40,170 W 229 1034
EC 40,170 W 229  GP42,30-15Nm 396 .
EC 40,170 W 229  GP52,40-30Nm 401 .
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